
To Order (Specify Model Number)
Model No. Price Description
OM-CONV-USB £10 RS-232 to USB interface converter

Comes with USB drivers on mini-CD and complete operator’s manual.
Ordering Example: OM-CONV-USB, RS-232 to USB interface converter, £10.

AVAILABLE FOR FAST DELIVERY!

J-1

Powered from USB Cable–
No External Power Required
Data Transfer Rate >1Mbps
Includes Driver Software
Plug-and-Play

The OM-CONV-USB USB to serial
I/O converter provides a single USB
to RS-232 serial port providing USB
connectivity to non-USB compliant
devices. Simply install the included
software and connect the converter
to your USB port. The device is
immediately recognised by the
system. At that point, simply
connect the converter to your serial
device such as a modem, scale,
serial printer, or other instrument. 

Now your non-USB peripherals can
have the same connection simplicity
and ease of use as USB devices.

RS-232 to USB Interface Converter

OM-CONV-USB

£10

Specifications
Interface: USB Specification
Rev 1.1 compliant and above
Data Rate: >1Mbps
Cable Length: 1.2 m (4') 
System Requirements: IBM PC
486DX4-100MHz CPU or higher or
compatible system, available USB
port, CD ROM drive, WIN
98/ME/2000/XP/VISTA

OM-CONV-USB, £10,
shown larger than
actual size.

OM-CONV-USB shown
connected to a laptop computer
USB port (laptop not included).
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Temperature
Calibrators, Connectors, General Test and Measurement
Instruments, Handheld Instruments for Temperature
Measurement, Ice Point References, Indicating Labels,
Crayons, Cements and Lacquers, Infrared Temperature
Measurement Instruments, Recorders, Relative Humidity
Measurement Instruments, PT100 Probes, PT100 Elements,
Temperature & Process Meters, Timers and Counters,
Temperature and Process Controllers and Power Switching
Devices, Thermistor Elements, Probes and Assemblies,
Thermocouples, Thermowells and Head and Well
Assemblies, Transmitters, Thermocouple Wire, RTD Probes

Pressure, Strain and Force
Displacement Transducers, Dynamic Measurement Force
Sensors, Instrumentation for Pressure and Strain
Measurements, Load Cells, Pressure Gauges, Pressure
Reference Section, Pressure Switches, Pressure Transducers,
Proximity Transducers, Regulators, Pressure Transmitters,
Strain Gauges, Torque Transducers, Valves

pH and Conductivity
Conductivity Instrumentation, Dissolved Oxygen
Instrumentation, Environmental Instrumentation, pH
Electrodes and Instruments, Water and Soil Analysis
Instrumentation

Heaters
Band Heaters, Cartridge Heaters, Circulation Heaters,
Comfort Heaters, Controllers, Meters and Switching
Devices, Flexible Heaters, General Test and Measurement
Instruments, Heater Hook-up Wire, Heating Cable
Systems, Immersion Heaters, Process Air and Duct,
Heaters, Radiant Heaters, Strip Heaters, Tubular Heaters

Flow and Level
Air Velocity Indicators, Doppler Flowmeters, Level
Measurement, Magnetic Flowmeters, Mass Flowmeters,
Pitot Tubes, Pumps, Rotameters,Turbine and Paddle Wheel
Flowmeters, Ultrasonic Flowmeters, Valves,Variable Area
Flowmeters, Vortex Shedding Flowmeters

Data Acquisition
Auto-Dialers and Alarm Monitoring Systems,
Communication Products and Converters, Data
Acquisition and Analysis Software, Data Loggers
Plug-in Cards, Signal Conditioners, USB, RS232, RS485
and Parallel Port Data Acquisition Systems, Wireless
Transmitters and Receivers


